
Basic

Roller lever

One way roller lever

Straight plunger

Roller plunger

Cross roller plunger

Toggle lever

Push button (Mushroom)

Push button (Extended)

Push button (Flush)

Twist selector (2 position)

Key selector (2 position)

Twist selector (3 position)

Foot pedal

Push-pull

Effective area (mm2)
Number of ports

Function

Model VM1000
Dimensions (mm) Side ported 11 x 36 x 16

Bottom ported 11 x 28 x 25

VM100
Side ported 17 x 44 x 25
Bottom ported 17 x 44 x 30

VM200
25 x 40 x 52

1
2, 3

Poppet

2.5
2, 3

Poppet

19
2, 3

Poppet∗1  Alternate type,
Mushroom push button···P.1648

Push-lock turn-reset type, 
Mushroom push button···P.1651

∗2  Foot pedal type 5 port
mechanical valve···P.1652

∗1

∗2

Made to Order

(A)
2

1
(P)

12 10

(A)
2

1
(P)

3
(R)

12 10

(A)
2

1
(P)

12 10

(A)
2

1
(P)

3
(R)

12 10

(OUT)
2

1
(IN)

3
(EXH.)

1212

(OUT)
2

1
(IN)

10 10

Mechanical Valves

Series Variation

P.1600P.1586P.1582

1578



10.8
5

Rubber spool

7
3

Balanced poppet

9.9
5

Metal spool

18
5

Rubber spool

18
5

Metal spool

6
3

Balanced poppet

VM400
21 x 35 x 53

VZM500
18 x 28 x 87

VZM400
18 x 30 x 91

VFM300
26 x 35 x 94

VFM200
23 x 40 x 115

VM800
30 x 40 x 57

Adjustable 
roller lever

Adjustable 
roller lever

Roller lever

Best Pneumatics 1-2

1

(OUT)

(N.C.)(N.O.)

2

3
10 12

(A) (B)

(R2)(P)(R1)

12

24

315
14

(A) (B)

(EB)(P)(EA)

12

24

315
14

(C2) (C1)

(E1)(S)(E2)

12

24

315
14

(A) (B)

(EB)(P)(EA)

12

24

315
14

1

(OUT)

(N.C.)(N.O.)

2

3
10 12

Series Variation

P.1620P.1642P.1636P.1623P.1629P.1614

1579

VM

VMG

VR

VR51

VHK

VH

VHS

VHS



VR1210

VR1220
Dimensions
VR1210: 17.2 x 38 x 29
VR1220: 21.2 x 50 x 38

Shuttle valve

Effective area
(mm2)

Function

7 3

15 3

VR3200

VR3201, VR3202
Dimensions
VR3200: 17 x 49 x 71
VR3201: 25 x 86 x 89

Pneumatic-electric relay

VR4151

VR4152
Dimensions
Side piping: 30 x 53 x 91
Bottom piping: 30 x 48 x 91

Relay valve

VR2110
2.5 3

VR3100

VR3110

Dimensions 70 x 68 x 66

Time delay valve

Dimensions ø26 x 66

Pneumatic indicator

Dimensions ø12 x 17

Miniature pneumatic indicator

VR1210F 7.3 3

VR1220F 15.2 3

VR1211F 2.6 3

Dimensions 71.6 x 44.8

Shuttle valve

AND valve

7 5 Metal Spool

P. 1671

P. 1674

P. 1676

P. 1678

P. 1680

P. 1680

P. 1672

P. 1669

Number
of ports

12

(A)
4

(B)
2

3
(S)

1
(P)

5
(R)

3
(S)

1
(P)

5
(R)

(PA)14

(PA)14 12(PB)

(B)
2

(A)
4

(IN)1

2(OUT)

(IN)1

(IN)1

2(OUT)

(IN)1

(OUT)2

1(IN)(IN)1

(A)
2

1
(P)

3
(R)

21

Transmitters

Series VariationSeries Variation

1580
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