Water Regulator

Pressure adjustment of water line

Model/Specifications

Model WR110-[1-X224 WR110-[1-X215
Port size Rc1/8, 1/4 Rc1/8, 1/4, NPT1/8, 1/4
Fluid *1 Water
Ambient and fluid temperature -5 to 60°C (No freezing)
Proof pressure 1.72 MPa
Maximum operating pressure 0.8 MPa

Set pressure range 0.08 to 0.39 MPa 0.05 to 0.69 MPa

Pressure gauge port size Rc1/8, 1/4 Rc1/8, 1/4, NPT1/8, 1/4

Weight [kg] 0.26

#1: Cannot be used with deionized water.

+: When using a bracket, order the B21-1P separately.

#: The pressure gauge is optional (sold separately). Refer to the table on
the right.

How to Order

Set pressure range: 0.08 to 0.39 MPa

WR110-|02|-X224

l Port size
01 Rc1/8
02 Rc1/4

WR110- [02|-X215

Thread typel lPort size
Nil Rc 01 1/8

N NPT 02 1/4

Related Equipment

00
+38 WP,
e gy mm.

Body material: Special brass

Pressure Gaug_;elOption (Sold separately)

For details, refer to the WEB catalog.

Pressure range *'| |ndication | Connection
Model MPa unit thread Note

G46-4-01 to 02-SRB 0to0 0.4
R1/8

G46-7-01 to 02-SRB 0t0 0.7 MPa —

R1/4
G46-10-01 to 02-SRB| 0to 1.0

+1: Do not apply more pressure than the max. pressure displayed. It may
cause a malfunction.

Water Strainer
Series WF300

Body material: Bronze

Mesh: 100/70/50/25 mesh

Check Valve
INA-14-290/XTO-674-1]

Body material: Brass

Click here
for details

Port size: Rc1/8

Port size: Rc1/4, 3/8, 1/2

-X224/WR110-

14-E627 ®



https://www.smcworld.com/catalog/New-products-en/mpv/14-e628-wf300/data/14-e628-wf300.pdf
https://www.smcworld.com/catalog/en/flowcontrol/AK-E/6-7-p0784-0794-ak_en/data/6-7-p0784-0794-ak_en.pdf

WR110-1-X224/WR110-1-X215

Flow Rate Characteristics conditions/Fluia: Water, Port size: Rc1/4

WR110-02-X224

Inlet pressure: 0.6 MPa

WR110-02-X215

Inlet pressure: 0.8 MPa
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Flow rate [L/min] Flow rate [L/min]

Dimensions Construction

M30 x 1.5
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Panel cut dimension 230.5
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Component Parts
No. Description Material
1 Body Special brass
2 Bonnet Nylon
3 Knob ABS
5 Valve guide Special brass
6 Diaphragm assembly Weather resistant NBR/Stainless steel
7 Set nut

ZDC (Black zinc chromated)

Replacement Parts

No. Description

Material Part number

4 Valve

Stainless steel/NBR

1349173-5

’ ASafety Instructions | Be sure to read the “Handling Precautions for SMC Products” (M-E03-3) and “Operation Manual” before use.




	Water Regulator: WR110-X224/WR110-X215
	Flow Rate Characteristics, Dimensions, Construction

