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mounting

Applicable rotary actuators

Size
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D-90, 97

D-90A, 93A

D-R731, R732

D-R801, R802

D-R731C, R732C

D-R801C, R802C

D-T991, T992 
D-T99V1, T99V2

D-S9P1, S9P2
D-S9PV1, S9PV2

D-S791, S792

D-T791, T792

D-S7P1, S7P2

D-T791C, T792C

D-M9BAL

D-A90, A93, A96
D-A90V, A93V, A96V

D-M9N, M9P, M9B
D-M9NV, M9PV, M9BV

D-M9NW, M9PW, M9BW
D-M9NWV, M9PWV, M9BWV

Grommet

Grommet

Grommet

Grommet

Connector

Connector

Direct

Direct

Direct

Direct

D-F8N, F8P, F8B

Grommet
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